SERKO Cable terminals and connectors

KWA Pin terminal for multi-wire Cu cables
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Cross section Symbol S d, d, b h I, I8 a Weight ~ Unit Crimping
[mm?] [mm] [mm] [mm] [mm] [mm] [mm] [mm] [mm] [g/pce] [pcs] tools
051  KWAT 08 16 19 - - 47 10 5 055 100
KWA 1-A 08 16 19 - - 19 12 5 060 100
KWA 1-20 08 16 19 - - 28 20 5 080 100 PR33
RA16.
ETAGS,
PP8,
1525 KWA25 08 23 19 - - 17 10 5 061 100 ppip
KWA25-A 08 23 19 - - 19 12 5 062 100
KWA25-20 08 23 19 - . 28 20 5 071 100
4+6  KWAG 1 36 27 - . 20 10 6 145 100 PR33, RA16,
ETAG6, PP19
10 KWA 10 11 45 - 43 24 22 12 8 254 100 EPZC300, EPZ300,
62300, HR300, PRZ240,
60300, HRZ300, GU120,
16 KWA 16 12 58 - 55 26 26 13 10 425 oo R100-U, PR240, RSO,

PP19, RA16



