
TV Double cable end sleeve for multi-wire Cu cables

With polyamide insulation

Thermal resistance: o +95°C

Material: galvanically tinned copper

Form of crimping.

Cable terminals and connectors

VO class insulation on request – symbol e.g. TV 1-8-VO.
Insulating sleeves are available in other colours. Cable end-sleeves of other dimensions on request.
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2 x 0,5 TV 0,5-8 white 0,15 1,4 15 8 2,5 4,7 0,14 100

T10, 
T3, 
PR33, 
TC6, 
T16,
T16S, 
PR33, 
ETA66

2 x 0,75 TV 0,75-8 grey 0,15 1,7 15 8 2,8 5,0 0,09 100

TV 0,75-10 17 10 0,14

2 x 1 TV 1-8 red 0,15 2,0 15 8 3,4 5,4 0,17 100

TV 1-10 17 10 0,18

2 x 1,5 TV 1,5-8 black 0,15 2,2 16 8 3,6 6,6 0,21 100  

TV 1,5-10 18 10 0,21

TV 1,5-12 20 12 0,23

2 x 2,5 TV 2,5-10 blue 0,2 2,8 18 10 4,2 7,8 0,35 100

TV 2,5-12 20 12 0,35

2 x 4 TV 4-12 grey 0,2 3,7 23 12 4,9 8,8 0,53 100
T10, TC6, T16,  
T11-16, PP8, PP19

2 x 6 TV 6-14 yellow 0,2 4,8 26 14 6,9 10 0,78 100

2 x 10 TV 10-14 red 0,2 6,4 26 14 8 14,6 1,00 100
T10-16V, PP8, PP19

2 x 16 TV 16-14 blue 0,2 8,3 30 14 9,6 18,4 1,65 100


