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PART NUMBER:LAS1F- LII/A/A

1 .J_. 2 "I | CONTACT STRUCTURE "A" | CAP COLOR
30 Oa 11 | INOINC R | RED
-+ 22 | 2NO2NC G | GREEN
Y | YELLOW
m OPERATION MODE
CONTACT COMPOSITION
1. 2. 3. 4 ARE ONE SET- NO LETTER | MOMENTARY "A" | LAMP VOLTAGE
SPECIFICATIONS: 1,2 ARE NORMAL CLOSED(NC); z LATCHING 6V | AC/DC 6V
1.SWITCH RATING: Ui:250V, Ith:20A. 3,4 ARE NORMAL OPENED(NO). v | ACIDe 12V
2.MECHANICAL LIFE: 21,000,000 cycles(MOMENTARY),
3.ELECTRICAL LIFE 2553 g’c?(? : c);des(LATCHING)' 24V | AGIDC 24y
. : 250, cycles.
4 CONTACT RESISTANCE: <50mQ. 220V (AE():(/'II?ERZI\?A(\)\L/RESISTOR)
5.INSULATION RESISTANCE: 21000MQ(500VDC). OTHER VOLTAGE GAN BE
6.POWER FREQUENCY WITHSTAND VOLTAGE: MADE TO ORDER
BETWEEN CONTACT AND LAMP TERMINALS: 2,000V, RMS 50Hz, 1min.
BETWEEN TERMINALS OF THE SAME POLE: 1,500V, RMS 50Hz, 1min;
BETWEEN TERMINALS OF DIFFERENT POLE: 2,000V, RMS 50Hz, 1min. N i
7.0PERATING TEMPERATURE: -25°C~ +55°C(NO FREEZING, KEEP THE AIR BRAND 5 hé :&j; % ﬁi] S ﬁ I}E )\ =‘|
FLOWING AROUND PUSHBUTTON). s éI/ ﬁ ﬂ l = LR
8. TORQUE: ABOUT 0.6N-m APPLIED TO NUT. ONPOW ERETE® ONPOW PUSH BUTTON MANUFACTURE CO.,LTD.
9.0PERATING FORCE: 2N(1NO1NC), 3N(2NO2NC). MATERIALS: TITLE UNIT
10.OPERATING TRAVEL: ABOUT 3mm. 1.CONTACT: SILVERALLOY. | gz  LAS1SERIES PUSHBUTTON SWITCH @ 5 gy mm
11.FRONT PANEL PROTECTION DEGREE: IP40. 2.BUTTON: PC. DWGNO SCALE SIZE
12.TERMINAL TYPE: PIN TERMINAL(2X0.5mm). 3.BODY: PC. s LASTM@FXT) bp 1501 | me A4
13.GENERAL TOLERANCE:0-18mm=+0.25, 18-80mm=20.52. 4.BASE: UF. FILE NAVE ORAWN SHEET REV
14.COMPLIANT WITH RoHS. wmem LASIMDWG | gm' LJJ2025/07/30 |5 1M |gx V1.0
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