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IRCUIT DIAGRAM
1 8 Label white 50x30 1
——O(+) 36V 0OV (-)0——
7 Kapton tape 20 mm 2
SPC1520 | -
It 6 Shrinkable sleeve 98x0,1 black 1
ER34615_ [ 5 Shrinkable sleeve 72x0,1 black 1
I
| 4 Wires black and red 1 AWG24
3 Internal tab 0,15x4 2 Ni-plated
2 SPC1520 EVE 1
1 ER34615 EVE 1 D SIZE
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