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NOTE:

1.HOOK UP WIRE:NON-UL 28AWG
2.CONNECTOR:

P1: HDMI 19P MALE CONTACT:15u”; SHELL:NICKEL-PLATED .

P2: DVI 24+KEY DIGITAL FEMALE CONTACT:G/F,SHELL:NICKEL-PLATED .
3.INNER MOLD WITH COPPER FOIL

4 HOOD:MOLDED TYPE,PVC L5P,COLOR:BLACK(NK-KQ1) .
5 ELECTRICAL TEST:
(111002 OPEN SHORT & MIS WIRE TEST.
(2)CONTACT RESISTANCE 3 ahm Max .
(3NNSULATION RESISTANLCE 5M ahm Min .
6.PACKING: <1-EACH PC / POLYBAG + EAN CODE LABEL & ROHS LABEL

<2>EACH CARTON / ROHS LABEL{LxW=35x22mm)
1. EAN CODE:4260113560082
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CABLE FUNCTION
TMOS DATA 2+

TMDS DATA 2-
TMDS DATA 2 SHIELD
TMOS DATA 1+

TMDS DATA 1-

TMOS DATA 1 SHIELD
TMDS DATA 1+

TMDS DATA I-
TMDS DATA | SHIELD
TMDS CLACK +

TMDS CLOCK -

TMDS CLACK SHIELD

DDC CLOCK(SCL
ODC DATA|SDA|
GROUNDI[+5V&DDC|

POWER +5V
HOT PLUG DETECT

SHELL  GrounD
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