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ITEM NO COLOR LENGTH PE BAG NO. CABLE CARTON
CH0056 BLACK 2000+ 30MM| 180*230*0.06mm| 4052792000849 | AL—FOIL,(#32*1P+AL)*SPCS+#32*4C+D+AL,BLACK COLOR,0D=5.5+0.2mm| K™K 1.5'45*38*28CM Q'TY:100PCS
CHo0057 BLACK 3000+ 30MM| 180*230*0.06mm| 4052792000856 | AL—FOIL,(#32*1P+AL)*5PCS+#32*4C+D+ALBLACK COLOR,0D=5.5+0.2mm| K=K 1.5'45*38*28CM Q'TY:100PCS
CHO0058 BLACK 5000+£50MM| 180*230*0.06mm 4052792000863 AL—FOIL,(#30*1P+AL)*5PCS+#30*4C+D+AL,BLACK COLOR,0D=6.0+0.2mm| KK 1.5'45*38*28CM Q'TY:50PCS

NOTE:
1. CABLE: 32AWG,UL20276,AL—FOIL,(#32*1P+AL)*SPCS+#32*4C+D+AL,

BLACK COLOR,0D=5.5mm,PVC JACKET.
LENGTH:L M.

CONNECTORS: HDMI(M)*1PCS,HDMI(F)*1PCS(BLACK INSULATOR)(Gold plate shell).
MOLD:MOLDING TYPE.

SR N

Packing: 1PCS/PE Bag + Sticker, 10PCS/in a Big PE Bag

Sticker ex: HDMI Cable

LogiLink. |

CHO056

HDMI High Speed with Ethernet
CONTACTS: Extensiog Cable
HOMIM)[ 1 3 | 2|4 6|5 |7 9 [8 |10 12| 11[14 19[17 [13 15 16 18 |64 HDMI A Male to Female, Black
HOMIM) [ 1 3 | 2 ‘ 4 6|5 ‘ 7 9 |8 |10 12 n ‘14 1917 [13 15 16 18 ‘64 Length: 2M |||H||”|"H”|||H‘|"‘H
PAR PAIR ¢ PAR  © PAIR G PAR © ——— [ISHELL Modemcm 410527921000849
6. Test machine test condition. 4C
A.100% OPEN,SHORT&INTERMITANCE TEST. Pantone 2945C, Black
B.CONDUCTOR RESISTANCE: 3ohms MAX: : o _
C.INSULATION RESISTANCE:5M Min/,10ms: Sticker Size: 70x50 mm R=2mm
7. ALL MUST BE MEET ON ROHS COMPLIANT.
COMPANY 20 ITEM _ NO. CHO056 NOo|B  |Part Name | 1.4REV HDMIM—HDMIF 32AWG |
REVISION DATE DISCRIPTION DR§¥VN SCALE
REV.A/O 2011.11.30 DESIGNED : AR
Sy 2direct GmbH UNIT(mm) HEH
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