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APPROVED: - RELEASED 08/22/00
DATE: TITLE: A REDRAWN 08/29/12
B REDRAWN 10/23/12
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X" GOLD PLATING
—_— U 15 pin —
w 30 pin = &
G 50 pin
SPECIFICATIONS:
Material: UNLESS OTHERWISE SPECIFIED
Insulator: Polycarbonate, rated UL 94V-0 ALL DIMENSIONS ARE INCHES [MM] bbbg NlmOI
Insulator color: Clear #_v,__.mmwmomm” EXCEPT B%_.m_moamo 909 Rahway Avenue, Union, NJ 07083
A | Contacts: Phosphor Bronze X a0 g 10 Phone: 908-687-5000 Fax: 908-687-5710 A
Plating: XX H .020 DBXX H.oa —
Gold over Nickel underplate on contact area .xww_uxo«mh 22X c.mmo MODULAR TELEPHONE PLUG. 8P8C
Electrical: !
Insulation resistance: 1,000 Mohms min DRAWN WGM 08/22/00 SOLID WIRE CONTACTS
Dielectric withstanding voltage: 1.000 VAC for 1 minute SIZE JPART NO. REV.
Environmental: CHECKED X MTP-88-X-S B
Lead free, RoHS compliant APPROVED REF: 5000050 [ScALE: NiS_ ] SHEET 1 OF |
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