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MATERIAL NUMBER | WIRE AWG |INSULATION DIA OD. RING
845050001 18-14 | .053-134/135-340 | STANDARD, BLACK LARGE POLARIZING
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MATERIAL NUMBER | WIRE AWG [INSULATION DIA O.D. RING
845050003 18-14 053-134/135-3.40 |[EXTENDED LIP, BLACK
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