
 
     

BN 1426
Pozi flat countersunk head chipboard screws
form Z, fully threaded 

Steel case-hardened 

zinc plated yellow waxed 

 

 Fasteners steel case-hardened electroplated coatings:
susceptible to hydrogen embrittlement! Further notice to
residual risks can be found in the introduction section (I). 

Other documentations: www.spax.com

Article#  d1  d2  k max.    L  pce par packet

3460479  2  4,3  1,5  1  10  1000 

3460480  12  1000 

3460481  16  1000 

1101323  2,5  5,1  1,6  1  10  1000 

1101358  12  1000 

1101366  16  1000 

1101374  20  1000 

1101382  25  1000 

1101412  3  6  1,8  1  10  1000 

1013556  12  200 

1154966  1000 

1013564  16  200 

1154974  1000 

1074016  20  200 

1204416  1000 

1014811  25  200 

1204424  1000 

1015168  30  200 

1204432  1000 

1101439  35  200 

1448501  1000 

1342088  40  200 

1342096  1000 

1342118  45  1000 
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Article#  d1  d2  k max.    L  pce par packet

1015281  3,5  7  2,1  2  12  200 

1154982  3,5  7  2,1  2  12  1000 

1016202  16  200 

1154990  1000 

1018744  20  200 

1204475  1000 

1018752  25  200 

1204483  1000 

1018922  30  200 

1204491  1000 

1385488  35  200 

1385518  1000 

1385593  40  200 

1385798  1000 

1342126  45  200 

1342134  1000 

1342142  50  200 

1342150  500 

1385801  4  8  2,4  2  12  1000 

1019996  16  200 

1155008  1000 

1020005  20  200 

1204521  1000 

1020056  25  200 

1204548  1000 

1020099  30  200 

1204556  1000 

1020102  35  200 

1204629  1000 

1020161  40  200 

1204637  1000 

1385879  45  200 

1385887  500 

1386085  50  200 

1386107  500 

1342169  60  100 

1342177  500 

2038943  70  100 

2038951  500 

1386190  4,5  8,8  2,7  2  16  200 

1110012  1000 
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Article#  d1  d2  k max.    L  pce par packet

1020242  4,5  8,8  2,7  2  20  200 

1204645  20  1000 

1020277  25  200 

1204653  1000 

1020285  30  200 

1204661  1000 

1020293  35  200 

1204688  500 

1020307  40  200 

1204696  500 

1020331  45  200 

1204718  500 

1110020  50  200 

1110039  500 

1110063  5  9,7  2,9  2  16  1000 

1110098  20  200 

1110152  1000 

1020358  25  200 

1204726  1000 

1020382  30  200 

1204734  500 

1110160  35  200 

1110179  500 

1021060  40  200 

1204742  500 

1110195  45  200 

1110209  500 

1021087  50  200 

1204750  500 

1110217  55  100 

1110225  500 

1110241  60  100 

1110268  500 

3460482  6  11,6  3,4  3  30  500 

3460483  35  500 

1110284  40  200 

1110292  500 

1110314  45  200 

1430165  500 

1430173  50  200 

1430203  55  200 
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Article#  d1  d2  k max.    L  pce par packet

1430211  6  11,6  3,4  3  60  200 

1112600  70  200 
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