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INFORMATION CONTAINED IN THIS DOCUMENT IS CONFIDENTIAL TO
RICHCO INTERNATIONAL Co. Ltd. AND MAY NOT BE DISCLOSED OR
REPRODUCED IN WHOLE OR PART WITHOUT THEIR WRITTEN CONSENT.

FERRITE MATERIAL: K5B (RMS-303)

PARTNUMBER |APPLICABLECABLE| | g c b IMPEDANCE (Q) STAF;'\AI\%?(RD
25MHz | 100MHz
RRC-17-9-28-K5B 9 175 | 285 | 95 | 875 98 160 80
RRC-35-23-15-K58B 22 355 | 15 | 225 | 174 51 108 24

STANDARD PACK SIZE MAY VARY
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MATERIAL: COLOUR:
See table See table
DESCRIPTION: PART No:
ROUND CABLE SUPPRESSION CORES| See Table
DRG No: NPR No:
010-059 XXXX-XXX SHEETSIZE A4
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