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€ MATERIAL:NYLON 66 (UL)
@ FLAME CLASS:94V-2

€ COLOR:NATURAL
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PART NO A[mm] | B[mm] CHASSIS PACKAGE
THICKNESS [mm]
FIX-MWS-11 3,2 5,2 1,6 1000
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