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KT | DM | pM | DM
PART NG qize | X Y z
S1110-0450| 4 | 2.00 | 420 | NA
PLS REFER TO PART 51110-0650| 6 400 | 6.20 NA
F S1110-xx60 FOR CENTER < [51110-085%| 8 | 600 | 8.20 | NA
LATCH OPTION. S110-105% | 10| 800 | 1020 | NA
SMI0-125% | 12 | 10.00 | 12.20 | NA
IST CIRCUIT ‘ NOTES. SMI0-145x% | 14 | 12.00 | 14.20 | 8.00
IDENTIFICATION ' S110-165% |16 | 14.00 | 16.20 | 10.00
] 1. MATERIAL: GLASS-FILLED POLYESTER UL RATED 94V-0 e e 600 Tie20 T 1200
i COLOR: BLACK S1110-205% | 20 | 18.00 | 20.20 | 14.00
VE‘E 2. PART TO BE USED WITH CRIMP TERMINAL 51110-225x 22 20.00 | 22.20 16.00
: ‘ PART NUMBER 50394-8xxx. S1110-245% | 24 | 22.00 | 24.20 | 18.00
. | L J ‘ L 3. APPLICABLE WIRE RANGE: AWG #24 - #30. S110-265% | 26 | 24.00 | 2620 | 20.00
2.00 4. WIRE INSULATION RANGE: DIAMETER 1.40MM MAXIMUM, S51110-285% |28 | 26.00 | 2820 | 22.00
5. 30 CKT SHOWN FOR ILLUSTRATION ONLY. 51110-305% | 30 | 28.00 | 30.20 | 24.00
‘ S1110-325% | 32 | 30.00 | 32.20 | 26.00
SMI0-2252| 22 | 20.00 | 2220 | NA
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CIRCUIT *2 8] 0 - WITHOUT CENTER POLARIZATION
KEY AND SIDE LATCH.
C 1 - WITH CENTER POLARIZATION KEY
AND SIDE LATCH.
(14 TO 32 CIRCUITS ONLY)
WITH CENTER POLARIZATION KEY ONLY.
(8 TO 12 CIRCUITS ONLY)
2 - WITH CENTER POLARIZATION KEY ONLY.
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