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SCALE et TUOLERANCESH+/= 030 mm(+/-= 0.012in)
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GAINTA INDUSTRIES LTD. JACKY 2010/1/20 ALUMINIUM ALLOY ADC-12 HRO21 A




ITEM NO

DESCRIPTION

HQRO21 NATURAL ALUMINIUM BOX<WITOUT THE GASKETY

HRO21S @e IP67 RATING ee(WITH THE SILICON GASKET>

HQRO21EMS| kR P67/ RATING ee(WITH THE SILICON & SHIELDED GASKET)

MATERIAL: ALUMINUM ALLOY #ADC-12
FINISH: NATURAL (NO SUFFIX)
GRAY (SUFFIX -LG)

BLACK (SUFFIX -BK)

1) FOUR(4) M4 x 20mm €0,787) LG, SCREWS
UPPLIED FOR ASSEMBLY OF COVER TO BODY

S
2) ALL HOLE DIAM

ETERS HAVE £010mm TOLERANCE

ALL OTHER DIMENSIONS HAVE 030 mm TOLERANCE

BN BLARAT
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