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Technical details Properties
Dome nut Polyamide PA6 V-2 - Integrated anchorage
Sealing ring Polychloroprene-Nitrile rubber CR/NBR - Wide sealing and clamping range
Gland body Polyamide PA6 V-2 - Easy-to-install
Connecting thread Pg as per DIN 40430
Temperature range -20...+100 °C
Protection grade IP68 - 5 bar
Test standard UL 514B
Order symbol Code EAN A oC L SW1 Sw2 H Pack
mm mm mm mm mm
RAL 7035: Connecting thread: standard length
GPA PG7 7016416 6418074055002 Pg7 3-6,5 8 15 15 30,5 100
GPA PG9S 7016417 6418074055019 Pg9 4-8 8 19 19 34 100
GPA PG11 7016418 6418074055026 Pgll 5-10 8 22 22 37 100
GPA PG13.5 7016419 6418074055033 Pg 13,5 6-12 9 24 24 39 100
GPA PG16 7016420 6418074055040 Pg16 10-14 10 27 27 42,5 50
GPA PG21 7016421 6418074055057 Pg21 13-18 11 33 33 47,5 50
GPA PG29 7016422 6418074055064 Pg 29 18 -25 11 42 42 53 25
GPA PG36 7016423 6418074055071 Pg 36 22-32 13 58 53 61 10
GPA PG42 7016424 6418074055088 Pg 42 30-38 13 60 60 65 5
GPA PG48 7016425 6418074055095 Pg48 34- 44 14 65 65 67 5
RAL 9005: Connecting thread: standard length
GPA PG7 9005 7016577 6418074062284 Pg7 3-6,5 8 15 15 30,5 100
GPA PG9S 9005 7016578 6418074062291 Pg9 4-8 8 19 19 34 100
GPA PG11 9005 7016579 6418074062307 Pgll 5-10 8 22 22 37 100
GPA PG13.5 9005 7016890 6418074093455 Pg 13,5 6-12 9 24 24 39 100
GPA PG16 9005 7016891 6418074093462 Pgl6 10 - 14 10 27 27 42,5 50
GPA PG21 9005 7016892 6418074093479 Pg21 13-18 11 33 33 47,5 50
GPA PG29 9005 7016893 6418074093486 Pg29 18 -25 11 42 42 53 25
GPA PG36 9005 7016894 6418074093493 Pg 36 24 - 32 13 53 53 61 10
GPA PG42 9005 7016895 6418074093509 Pg 42 30-38 13 60 60 65 5
GPA PG48 9005 7016896 6418074093516 Pg48 34-44 14 65 65 67 5
RAL 7035: Connecting thread: long
GPA PG7L 7016541 6418074056412 Pg7 3-6,5 15 15 15 37.5 100
GPA PGSOL 7016542 6418074056429 Pg9 4-8 15 19 19 41 100
GPA PG11L 7016543 6418074056436 Pgll 5-10 15 22 22 44 100
GPA PG13.5L 7016544 6418074056443 Pg13,5 6-12 15 24 24 45 100
GPA PG16L 7016545 6418074056450 Pg 16 10-14 15 27 27 47,5 50
GPA PG21L 7016546 6418074056467 Pg?21l 13-18 15 33 33 51,5 50
GPA PG29L 7016547 6418074056474 Pg 29 18 - 25 15 42 42 57 25
GPA 36L 7016548 6418074056481 Pg 36 22 -32 18 53 53 66 10



