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1 |BODY

1 |LCP+35%GF

SLIDER

LCP+35%GF

CONTACT
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SWITCH A
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RECOMMENT PC BOARD LAYOUT

PRODUCT NUMBER:
104D-T C C 0-RO6

123

C
12

1.Type
T:Top Mount

2.Contact Plating
C:10u”Gold Plating

3.Stand Off
C:1.8mm

PIN NO.

PIN ASSIGNEMENT | PIN NO.

PIN ASSIGNEMENT

DAT3/CS/CD 8

DAT1

Card detection switch

Write

protection switch

CMD 9

DAT2

A Sa

WRITE PROTECTION

When card
is ejected

When card
is inserted

When

is ejected

card

When card is inserted

Write protect | Write enable

VDD Sb

CARD DETECTION

CLK Sc

COMMON_SWITCH

V§Ss2 G

GROUND

N[~ w no|—

DATO

OPEN CLOSE

o/o

Sb  Sc

o0—o
Sb _Sc

Sa

OPEN

e/o

Sc

OPEN CLOSE

e/o

Sa  Sc

c—o
Sa  Sc

UNLESS OTHERWISE
SPECIFIED TOLERANCE

ANGLES ANG.

+5°

0.

+0.3

LINEAR 0.0

+0.25

0.00

+0.20

SCALE AS SHOWED

UNIT: mm
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