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’ Light It Up

Smm Round Red & Warm White LED

OSRMPASB31A

nFeatures
» High Luminous LEDs
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* UV Resistant Epoxy —
* Water Clear Type
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sAbsolute Maximum Rating (Ta=25C) sDirectivity
Value )
Item Symbol Unit
Red Warm White
DC Forward Current Ir 30 30 mA
Pulse Forward Current* Irp 100 100 mA
Reverse Voltage VR 5 5 Vv
Power Dissipation Pp 78 108 mW
Operating Temperature Topr -30~ +85 T
Storage Temperature Tstg -40 ~ +100 T
Lead Soldering Temperature Tsol 260°C /5sec -
*Pulse width Max.10ms Duty ratio max 1/10
sElectrical -Optical Characteristics (Ta=25C)
Item Symbol | Condition | Min. | Typ. | Max. | Unit
DC Forward Voltage VE (Red) IF=20mA 1.8 2.1 2.6 \'
DC Forward Voltage VEW) IF=20mA 2.8 3.1 3.6 \'%
DC Reverse Current Ir Vr=5V - - 10 uA
AD (Red) IrF=20mA 620 625 630 nm
Domi. Wavelength*
CCT (W) IF=20mA 3000 K
Iv (Red) IF=20mA 3000 4200 - mced
Luminous Intensity*
Iv (W) IF=20mA 3000 4200 - med
50% Power Angle 2012 IF=20mA - 30 - deg

*1 Tolerance of dominant wavelength is +1nm
* Tolerance of luminous intensity is +15%
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