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Detent Pin with threaded 4-40 UNC

SEE NOTES

 Henneboel22.10.14

22.10.14 Strakerjahn

ISO 2768-m

 

for Snap Lock
with spring ring
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a Original

2 x b Ä5449 09.12.2014 B.S.

3 x c Ä5856 15.10.2015 K.H.
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2,75Ø

4-40 UNC

NOTES:

1. Detent pin: Steel; Nickel plated
2. Spring washer: Steel; Nickel plated
 

A set consists of:

 

2 detent pin
2 spring washer

b

RoHS compliant
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