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General Information

- Simplified representation

- Document excluded from change process

- CAD Data see Download-Center on www.phoenixcontact.com
- Linear dimensions [mm]

- Dot matrix pitch: 2,54mm ; drill size: @1

- Thickness: 1,6:0,2

- Application: ME MAX 22,5 2-2 DEV-KIT

Terminal area for:

A) MSTBO 2,5/ 4-G1PL

B) MSTBO 2.5/ 4-G1PR

(C) Pad for TBUS CONTACT, surface Au
D) Pad for FE CONTACT, surface Sn

document-No. / RI date scale
E3@) DN A2 |o9864572 /00 27.042015 21

ident.-Na. document-type

mm 2202542 PCB outline

description

page 1 |0f 1 ME MAX/16 2-2 TBUS DEV-PCB
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