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M8 L-poles, female straight PFT connector X c
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\ : / - Protection level: IP67
| - Temperature range: -30°C ... +80°C :
i
Minimum wall thickness 1.5mm
All Dimensions in mm Scale Free size tol. Ref. |
6@% Original Size DIN A3 5:1 Sub.
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