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TOLERANCE: +0.3mm UNLESS OTHERWISE SPECIFICED.
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C8\PN\PN-9E(PN—21D)(1410042)_1

3 | Screw 1 | Copper alloy| M4*P0.75*5L
2 | Metal insert 1 Zinc Alloy $9.2*81.*96.4
1 | Housing 1 | PF
No Description Q’'ty Material Spec Finish Remark
A
11/16/°07 | & B % | Change Insert copper housing Copper alloy —> Zinc Alloy A
Date Name Description NO
Drawn | Checked | Approved [SCI BOM NO{ 1410042,1410125 |Model Name| POINTER KNOBS
ER Y Z & )& |Customer No.| 45KNO13-GRX  |Model No. |PN—9E(PN—21D) | REV.
11/16/°07 11/16/'07 |Unit mm @ SHIN CHIN INDUSTRIAL CO., LTD.| !




