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DIN Built-IN Socket, waterproof 

Item-no. 52005000 (BP) 
Item No. 52005001 (SP) 

 09.04.2015 

 

   Voltage range:   max. 24 Volt 

   Power load:    max. 16 Ampere 

   Connection:    FLRY-cable 2,5 mm², brown / white 

   Port for installation:   see drawing 

 

   Material Housing: 

   cover with sealing :  PA 66 / TPE, black 

   housing:    PA6-GF20, black 

 

   Material Built-In Socket: 

   common retrun sleeve:  Cu Sn, galv. Ni 

   flat contact:    Cu Sn, galv. Ni 

   contact spring:   Cu Sn, galv. Ni 

   bead chain with 2 eyes:  Zu Zn, galv. Ni 

   screw KB 22x4,5:   stainless steel, galv. Zn 

   washer 19x26x0,5:   stainless steel, galv. Zn 

   hexagon nut M18x1:  Cu Zn, galv. Ni 
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