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AUTO- UND BOOTSZUBEHOR

Data sheet

Bendable Universal Plug 8A
with screwed strain relief

ltem-no. 67741000 (BP)
ltem-no. 67741500 (SP)
25.09.2012

Voltage range: max. 24 Volt
Power load : max. 8 Ampere
Fuse : 16 Ampere
Connection: screw terminals
Cable: 2x2,5 mm?2
Material:
Housing : ABS
Temperature load : Max. 110 °C
Connection spring: Cu Sn6
surface: shiny pickled
Contact spring: Cu Zn 37 F45
surface:: gal. Ni 5
Plug pin: CuZn40Pb2

surface:: gal. Ni 5
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