
 

 

 

 

Data Sheet 

Surface Mounted Triple Socket with 
2 Power Sockets and 1 Power USB Socket 

 
Item-no. 67334000 (BP) 
Item-no. 67334500 (SP) 

 10.02.2016 

 

   Voltage range:    max. 24 Volt 

Current load:   max. 20 Ampere with 12 Volt and 2,5 mm² cable 

max. 16 Ampere with 12 Volt and 1,5 mm² cable 

max. 10 Ampere with 24 Volt and 1,5 mm² 

 

   Material Triple Socket: 
 

Housing:     Polycarbonat 
 
   Temperature    stress: max. 135°C 

 
Contact:     Metal socket  
 

 

   USB Socket: 
 

Input voltage:    8 - 34 Volt 
 

Output voltage :    5 Volt 
 

Output     current max.: 3 A 
 

Current consumption:   < 5 mA (open circuit operation) 
 

Overvoltage protection:   yes 
 

Protection against overheating:  yes 
 

Reverse voltage protection:  yes 
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