
 

 

 

 

 

Data Sheet 

 

Helix Cable 

Item-No. 67838000 (BP) 
Item-No. 67848000 (SP) 

 28.05.2013 

 

   Tension range:  max. 24 Volt 

   Current load:   max. 8 Ampere 

 

   Material connector: 

   Housing:   Novodur P2T 

     Temperature range: max. 110 °C 

 

   Contact sleeve minus: Cu Zn 36 F44 

   Contact sleeve plus: MS boundary-layer nickel plated 3µ tin plated 

 

   Cable:   helix cable, copper-strands, PUR-coated 

   Cross-section:  2 x 0.75 mm² 

   Length:   0.6 m to 3 m 
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