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Crossover made of high-grade copper coils and low-loss audio
frequency electrolytic capacitors, mounted on epoxy PC boards.
Checked with regard to functioning, slope steepness and cross-over

frequency.
Rated power 100 W
Maximum power 160 W
Nominal impedance Z 4 Ohm
Skirt selectivity 12 dB / Okt
Turn-over frequency 3000 Hz
Dimensions 100 x150 mm
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* ohne Funktion / fir Erweiterungen
(without function / for self-constructions)
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