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MATERIALS Unspoaiiod Tolerancs are +0.5mm
Color - Black Model Unit LD-BZEL-T52-1411
_I?Iast!c “Iflat;c% 'TLCP Operating Voltage Vop 3~7
erminal - e
P Rated Voltage Vo-p 5
Weig ht * Max. Rated Current mA. 80
approx. 1 gm. Coil Resistance ohm 40 +/-3
* Min. Sound Output at 10cm dBA 85
Resonant Frequency bz B0

Operating Temperature °C -30~+75



