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MATERIALS Unspeciied Tolerance are +/-0.5mm
Color - Black Model Unit LD-BZEL-T63-0505
?Iast!c hl/lat;(/il?:; ‘TLCP Operating Voltage Vo-p 2~4
erminat- ype Rated Voltage Vo-p 3
Weight * Max. Rated Current mA. 100
approx. 0.3 gm. Coil Resistance ohm 12 +/-3
* Min. Sound Qutput at 10cm dBA 72
Resonant Frequency Hz 4000

Operating Temperature °C  -20~+60



