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1 SUITABLE CRIMP CONTACTS: SERIES HE/HA ‘ | M
OUTER DIMENSIONS OF INSULATION: MAX. 83,2 MM ‘ N ] | o
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& S’rri.p lenght: Screw .conec’rion 1Qmm | 66 DISTANCE FOR SAFETY
Spring clamp conection 10mm Crimp conecfion 7.5mm L - CONTACT MARKING MAX. 24 mm
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@ 1 Pin inserf screw PBT light beige 8 | with sfainless steel-fixing screw
PACKAGING: 1 Pin insert screw PBT light bei T | with stainless steel-fixing screw
5 SETS IN A CARTON, PRE-MOUNTED 19hT beige ]
1 Pin insert screw PBT light beige 6 | with AU confact
@ SPECIAL PACKAGING: Krauss-Maffei 111 1 1 Cover PBT light beige 5
PACKAGING UNIT: 300 PIECES ) )
1 1 1 1 Cover PBT light beige L
A SPECIAL PACKAGING: Krauss-Maffei T (1)t 1 1 1 1 | Cover PBT light beige 3
PACKAGING UNIT: 150 PIECES 111 1 1 pin insert spring clamp PBT light beige 2
SPECIAL PACKAGING: AIS T11 11 111 11111 1 111 | pininserf crimp/screw PBT light beige 1
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