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Specification
Itern Numker: PM-40X40-42
Device Outline See pidure below
Heat-strinktube on | Not availeble
the end of vire
Wire Ciitena 1.208AG UL, PVC insulated
2.Standard 105°C tinned copper vwre
3.General length: 151£5mm
4 Length of tinning without outer sphere onthe end of wire: 5£1.0mm
Resigtance (chms) Environmert Temperature 20°C, 1KHZ,0.95-1.05 (ohms)
Packing Foam hox
Printing See pidure helow
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Other Requirament

1 Wodking Temperadue-55 Cto +80°C

2 Assembled overvhelim o &hSgin.

3PN Cagles 63 cagles

4 Imax.6:0.54(7 6V CD)

5. Mnax 7 BVDC

6Qanax 420 7BVDC)

7 Resgencerenyz AC-R 0854 050 (Qumounding Temperdue 20°C 1KHD)
8.6 Tmax 263°C

e shaddbe sckieredonthehat dce

10.208AG UL, PAVC inadated, Stendard 105°C irned oopper we
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