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PARAMETERS UNIT
Current,max A 15
Vohage,max Vv 15.4
Coolingpover(at th=25C) W Min76
Invacuum Onair
Tenwp. Differencemax(at th=25C)
- K (unsealed) (sealed)
nun.67 mmnbd3
Resistance(at, 25C) Ohns 145165
YWadth mm 40:025
Le!‘dl mm 40:025
Thickness mm 3.6
Thickness iblerance mm 0.1
Parallel difference mn 0.05
Wire length mn 150
Inter meling p oint < 200
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Characteristic of Input and Output
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