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A |Initial Releasel 2007/11/12 Jason Change Rev. 02 To A
B |LENI350176 2013/05/15 Vicky Modify Note.
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Sealing Nut Seal Clamp Ring Connector ISSUED
MU T Notes:
CONFIDENTIAL * @Important Dimension.
* Waterproof Rate: IP6T.
84082 ¥ Housing: NylontGF,Black.
*¥ Male Pin: Copper Alloy,Gold Plated.
R&D DEBF. £ Nut: Nylon+GF Black.
*¥ Seal: EPDM,Black.
/A\* Seals for Cable OD: @4.5mm~B 6. 5mm
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