FerroCore HPI0420 series

HIGH POWER INDUCTOR

Figures and Dimensions
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Dimensions (mm) Recommended Land Pattern

(mm)
L w T B1 B2 D A B Cc
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Electrical Characteristics

Saturation Heat rating

Inductance Resistance
Part number Tolerance current current
(WH)@0A (mQ) +7%
Typ.(A) Typ.(A)
HP10420-R47 0.47 +20% 14 9.0 7.0
HP10420-1R0O 1.00 +20% 24 5.5 4.5
HP10420-1R5 1.50 +20% 45 4.5 3.7
HP10420-2R2 2.00 +20% 60 3.5 3.0
HP10420-3R3 3.30 +20% 77 2.6 2.5
HP10420-4R7 4.70 +20% 105 2.4 2.0




FerroCore

HPI10420 series

Package
Tape Dimensions (mm)
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