FerroCore HPI0630 series

HIGH POWER INDUCTOR

Figures and Dimensions
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Dimensions (mm) Recommended Land Pattern
(mm)
L W T B1 B2 D A B C
7.3x0.3 | 6.7+£0.3 | 2.8+0.2| 1.5£0.3| 2.0£0.2| 3.0£0.2 2.3 3.1 3.8
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Electrical Characteristics
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HPI0630-R20 0.20 +20% 1.9 24.0 20.0
HPI0630-R33 0.33 +20% 3.0 20.0 18.0
HPI10630-R47 047 +20% 4.0 18.0 16.0
HPI0630-R56 0.56 +20% 4.1 16.5 15.5
HPI0630-R68 0.68 +20% 5.0 15.8 12.0
HP10630-1R0 1.00 +20% 7.0 12.5 11.5
HPI0630-1R5 1.50 +20% 11.5 10.9 92
HP10630-2R2 2.20 +20% 14.0 8.2 8.0
HP10630-3R3 3.30 +20% 2.5 7.6 6.1
HP10630-4R7 4.70 +20% 36.0 6.3 5.0
HPI10630-6R8 6.80 +20% 530 49 4.3
HP10630-8R2 8.20 +20% 59.5 3.8 3.6
HP10630-100 10.0 +20% 69.5 3.6 3.6
HP10630-150 15.0 +20% 110.0 2.9 2.7
HP10630-220 22.0 +20% 150.0 2.5 2.3
HPI10630-330 33.0 +20% 2200 2.2 1.8




FerroCore

HPI10630 series

Package
Tape Dimensions (mm)
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06 0.1 | 0.1 | 0.3 | £0.1 | £0.1 | £0.1 | £0.1 | £0.1 | £0.05 | £0.05 0.1
Series 7.0 7.8 16 7.5 | 1.75] 12 2.0 4.0 1.5 0.4 H+0.2
Reel Dimensions (mm)
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A B C W1 Quality(pcs/Reel)
06 Series 330 100 130 16.0 1000
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