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0.00 - 0.00 mm
FFA.25.250.CLAC32

TECHNICAL DETAILS

Mechanics
Shell Style/Model
Keying
Housing Material
Cable Fixing

Variant

Performance

Configuration
Insulator

Rated Current

Specifications

ERN*: Fixed receptacle, nut fixing, with grounding tab
Circular (can rotate), plug has male contact(s)
Brass (chrome plated) shell and collet nut, nickel plated brass latch sleeve and mid pieces

o0 -0 mm

2S.250 : 1 Coax (50 Ohm)
T: PTFE
15 Amps

Contact Type: Coaxial 50 Ohm (Solder)

Max. Matings: 1000

Contact Dia.: 2 mm (0.079in)
Bucket Dia.: 1.8 mm (0.071in)
Vtest: 3000 V (AC), 4200 V (DC)

Impedance: 50 Ohm

VSWR: 1.02 + 0.95 * f/GHz
Cable type: RG 58 C/U, RG 302 /U, RG 400 /U, 2YCCY, RG 59 B/U, RG 223 /U, HF-5408
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https://intra28.lemo.com/it_leads_portal?intra=0&req=Quotes%20request&itemps=RVJOLjJTLjI1MC5DVEw=
https://www.lemo.com/catalog/ROW/UK_English/Coax_triax_mixed_en.pdf

Others

Endurance (Shell): 5000 mating cycles
Temp (min / max): -55°C / +250°C
Humidity (max): <=95% [at 60 deg C /140 F]
Vibration: 15 g [10 Hz - 2000 Hz]

Shock Resistance: 100 g [ 6 ms]

Salt Spray Corrosion: >1000 hr

Climatical Category: 50/175/21

Shielding (min): 75 dB (10 MHz)

Shielding (min): 40 dB (1 GHz)

IP Rating: 50
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Dimensions
A B E L M
mm. 18 19.5 8.5 26.3 1.8
in. 0,71 0,77 0,33 1,04 0,07
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