= Standards’

- Compliant with directive RoHS 2011/65/EU
+ NFEN 60684-1(10/2003)

« NFEN 60684-2 (07-2012)

+ NFEN (CEl) 60684-3 403 to 405 (12/2002)

= Colours and packagings

- Manufactured diameters : from 0.5 to 26 mm
- Standard colour : yellow
- Other colours : green, blue, red, black, white

= Applications

08 1 LS (2881 8255 53
18 ROAISM BOXISH! 0238 R0:288 0.7
01780 K078 (0228 (80,78 (02238 R0

058 [R075M R0758 [10.758 [HOI75H K075

33

0.25

0.25

0.75

4

0.25

03

0.75

Glass fibre braided sleeving

with acrylic coating

= Characteristics

« Temperature class: F

- Continuous working temperature : from -30°C to +155°C.
Peaks at +180°C (few hours)

- Dielectric strength : 3 kV

« Halogen free

« Good mechanical resistance

- Good compatibility with class F impregnation varnishes

« Good behaviour with soldering iron

+ Good resistance to fray

- Watertight

« Very flexible

- Standard packaging : Rolls

- diameter 0.5to 4 mm:200 m
- diameter 5 to 16 mm: 100 m
- diameter 18t0 26 mm: 50 m
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exempted to verify the performances in the real pamcular context of application.
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