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RATED VOLTAGE 250V 250V 250V 60V 30V
RATED CURRENT 47 47 47 47 2A
POLLUTION DEGREE 3 3 3 3 3
OVERVOLTAGE CATEGORY I I I I I
MATERIAL GROUP I I I I I
CONTACT RESISTANCE <8m() <8m() <a8m() <8m() <8m() OTE
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2. CONTACT FINISH:
GOLD OVER NICKEL OR SILVER OVER NICKEL
PIN ARRANGEMENT 3. CABLE WIRES:
B-CODE | 8AWG /0. 75mm2 Max. FOR 2-5 PINS
- - - 20AWG/0.50mm2 Max. FOR 8 PINS
[41713471X02%-000 [4171347X03%-000 [417347X04%-000 4. ALLDIMENSIONS ARE FOR NOMINAL REFERENCE ONLY UNLESS OTHERWISE STATED
5. PACKAGEING: IPIECE IN A BAG
6. PN INFORMAT ION
T411341XXXX-000
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