Wisvalighting

Warm White

HH-S120F010-2835

MNeutral White FEATU RES
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eMercury free, no UV or IR emissions.
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.4 SPECIFICATIONS
&
’63, Length 5 meters/Roll
.,F Power 24watts/m
% i Width 10mm
é? LED Qty 120LED/m
’!,; Input Voltage 12VDC
N Lumen 1864Im/m
R
!\? PCB 2,3 0Z
& CRI 80
oo ’
#2 Waterproof 1P20/1P54/IP65
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