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CABLE GLAND

KVR M25-MGM/or

KVR M25-MGM/or
Cable gland

Article number: 22762501

Cable gland for WKE 2-5, with strain relief, polyamide, M_ x
1.5 mm, with lock nut

P68

Technical data
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CABLE GLAND

KVR M25-MGM/or

Other attributes
Thread pitch: 1,5mm
Werkstoff Kabelverschraubung: Kunststoff
Glass fibre-reinforced: No
shock-proof: No
Bend-proofing of cable gland: No
Explosion safety: none
with lock nut: Yes
Multiple sealing inserts: No
Flat cable screwing: No
Strain relief: Yes
Type of sealing: Membran
Divisible screw connection: No
PVC-free: Yes
Heavy metals-free: Yes
Silicone-free: Yes
Ingress protection: IP68 - acc. to EN
60529 / DIN VDE
0470-1
Thread size metric/PG: 25
Width across flats: 30
Hexagon corner measurement: 33 mm
Suitable for cable diameter from/to: 9,0-16,0 mm
Thread lenght/mm: "

Sealing area/mm: 9-16
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