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LAPP GROUP

SILVYN® BRAID PAG6 is a polyamide braided sleeve with a special coating, the
coat enable that the braided sleeve can cut by a normal scissor (cold cut) without
frazzle.

The sleeve is abrasion-resistant, protect before dust and is resistant against
chemical fluids. The SILVYN® BRAID PA6 can used as a simple cable protection,
additional insulation, bonding and guiding of cables and wires und low rodent
protection.

Material: Polyamide PA6.6
Features: Abrasion-resistant
Flexible
Cold cutting
Temperature range: -55°C up to +125°C
Colour: black RAL 9005, UV-resistant
Norm References: “—5/
. J
Note: Self-extinguishing in acc. to DIN 75200 / FMVSS302 and DIN 5510

Monofil — self-extinguishing acc. to UL94
Halogen-, Phosphor- and cadmium- free

Dimension table:

Part No. Description Nominal size Clamping range Roll Length

mm m
6172 1260 SILVYN® BRAID PA6 6 4-10 20
6172 1261 SILVYN® BRAID PA6 12 10-14 15
6172 1262 SILVYN® BRAID PA6 16 14-24 15
6172 1263 SILVYN® BRAID PA6 20 18 - 26 10
6172 1264 SILVYN® BRAID PA6 30 26 - 36 10
6172 1265 SILVYN® BRAID PA6 40 32-44 5

Suitable tools: SILVYN® CCO1 Multipurpose A and B
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