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MAXIMUM ELECTRIC CURRENT
A.W.G [22]20[18]16 de
MAX AMP| 9 12 |17 |18 O
NOTE :
1. MAXIMUM ELECTRICAL RATING:800 VOLTS /
2. SHRINK TEMP:150°C g
OPERATING TEMP:-10°C ~ 105°C
3. BRAZED SEAM
4. WIRE RANGE:22-16 AWG / 0.5-1.5 mm®
INSULATED COLOR:RED
5. MATERIAL THICKNESS:t L P
TOLERANCE: #0. 05 /
WIRE RANGE A LR dz L E di1 +
AWG/mm’ ITEM NO. +0. 20 10,20 22,00 +2. 00 20,20 E Y
3.7 | 8.0 |[27.0 / f
ST-081/R-T 4.3 | 8.0 [27.0 f
29-18 AWG 5.3 | 8.0 |27.0 :
, 18.5| 1.7 | 0.75
0.5-1.5 ma 6.5 |11.6 |31.5 ; ”
8.4 [11.831.5 — =
10.5 | 13.6 [ 40.5
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THIRD VIEW
% @ DRAFT: TINA INSULATION: HEAT-SHRINK TUBE| m/m
3% % DESIGN: | KEN @F‘E} MATERIAL : COPPER rb I SCALE
#% =T CHECKED:| ANDY TIN PLATING B # DATE:2015. 01. 05




