0234 |

0144 |

—

3.0

| 0.047
1.25

SPECIFICATIONS:
CONTACT RATIHG |

6 AMPS @ 120 V AC or 28 V DC, (IL}

AAMPS @250 V AC (UL}

0,4 VA& AMPS mawi 20V AC ar DC
ELECTRICAL LIFE @ & 000 make-and-break cycles at full lod,

CONTACT RESISTAMCE @
10 mdd max. initial & 2-4 % L.
100 méA, for both sitver and gold plated contacts,

INSLILATION RESISTAWCE : 1,000 80 min,
DIELETRIC STREMGTH : 1,000 ¥ RM5 & sea level,
OFERATIMG TEMPERATURE : -30 T bo 130 °C

MATERIALS:
CASE : Diallyl phthalate {DAP)UL-34Y-0).

ACTUATOR ;

yhom,

HOUSIMG ; Stainkess steel,
TERMIMALACOMTACT : Brass, with silver plated.

G: gold plated.
SWITCH SUPPORT : Brass, tin plated.
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