
ASSEMBLY - SIDE VIEW (OPEN)
 

ASSEMBLY - END VIEW (OPEN)
 

ENCLOSURE CASE - BOTTOM VIEW
 

TOP PANEL - BOTTOM VIEW
 

DETAIL  A
 

DETAIL  B
 

S elf A dhes ive Rubber Feet Inc luded
Reguired Hardware Inc luded

1456F H2
Be ige  Top, B lue Cas e - 1456FH2W HBU

Replac em ent S c rews  - 1421-J6 (6 pc s .)

E nc los ure Cas e - 12 ga. A lum inum
Bla ck  Top, B lue Cas e - 1456FH2BKBU

Top P anel S iz es  to 14"  W ide - 14 ga. A lum inum
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Enclosures can be Factory Modified ( Milling, Drilling, Printing etc. )
Contact Factory mjm@hammondmfg.com for quotes
Solid models of this enclosure available in STEP or IGES.
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