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= Enclosures can be Factory Modified ( Milling, Drilling, Printing etc. )
" DETAIL B =0 Contact Factory mjm@hammondmfg.com for quotes
(= B Solid models of this enclosure available in STEP or IGES.
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& — 334.95 mm 1456PH3
Haazom = [13.187 in] Beige Top, Blue Case - 1456PH3WHBU
sazmm | = Black Top, Blue Case - 1456PH3BKBU
[1.001 in] — Enclosure Case - 12 ga. Aluminum
292.10 mm Top Panel Sizes to 14" Wide - 14 ga. Aluminum
[11.500 in] 212.32 mm .
| [8.359 in] — Self Adhesive Rubber Feet Included
p— Reguired Hardware Included
1429 mm__ | | p—
[0.563 in] — Replacement Screws - 1421-36 (6 pcs.)
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