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OPTICAL PROPERTIES
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Zorya series
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CA15584 ZORYA-MINI-TAPE
Zorya

Assembly

clear

24 mm

14,6 mm

round

PC

tape, snaps
production ready
Yes

17/01/2018

Viewing Light Effi-
LED Angle Beam ciency  cd/lm Connector
XP-E2 sim: 145 Decorative... sim: 98 % sim: 0.110 -
January 24th 2018 15:12 Copyright Ledil Oy - Subject to change without prior notice - Page 1/1
Ledil Oy http://www.ledil.com

Salorankatu 10
24240 SALO, Finland

email: ledil@ledil.com
FAX: +358-2-733 8001



PU foam tape 0.4mm

INDEX/PART NO|DESCRIPTION|MATERIAL [COLOUR
1 C15419 ZORYA-MINI PC Clear
Ioloranees 1 iy o Ledil Oy

Linear measures:

Up to 30mm class M, otherwise class C.
According to DIN ISO 2768-2

Form and position: class L
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NOTE: The typical divergence will be changed by different color, chip size and chip position
tolerance. The typical total divergence is the full angle measured where the luminous intensity
is half of the peak value.



