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Zeichnung Solid
1 0 informative Massangaben aktualisiert Langeloh 30.07.13 | Villbrandt |30.07.13
Alle Masze haben ausschliesslich informativen Charakter/
All dimensions are for information purposes only
Artikelbezeichnung/| Gewinde/Thread |SW / A/F Projektnr./
Product type K L M N Project no.
ALNPB-M12 M12x1.5 15.0 3.5 17.0 GPN 10-0792
ALNPB-M16 M16x1.5 20.0 3.5 23.0 | GPN 10-0793
- ALNPB-M20 M20x1.5 24.0 3.5 28.0 | GPN 10-0794
K T ALNPB-M25 M25x1.5 29.0 3.5 33.0 | GPN 10-0795
ALNPB-M32 M32x1.5 38.0 4.5 43.0 | GPN 10-0796
| M ALNPB-M40 M40x1.5 48.0 5.0 54.0 | GPN 10-0797
/7///4f;>§\\\§\ ALNPB-M50 M50x1.5 58.0 6.0 66.0 | GPN 10-0798
/////—f:§§\\\ Tﬁ ALNPB-M63 M63x1.5 70.0 6.5 79.0 | GPN 10-0799
- S S - = 4. ALNPB-M75 M75x1.5 84.0 7.0 94.0 | GPN 10-0800
&\\\§=;:¢f/// | ALNPB-PG7 PG7 15.0 2.8 16.7 | GPN 10-0801
o ALNPB-PG9 PG 20.2 3.5 22.6 | GPN 10-0802
| ALNPB-PG11 PG11 22.2 3.5 25.3 | GPN 10-0803
ALNPB-PG13 PG13.5 24 .4 3.5 27.5 | GPN 10-0804
ALNPB-PG16 PG16 26.0 3.6 30.0 | GPN 10-0805
ALNPB-PG21 PG21 33.0 3.7 36.5 | GPN 10-0806
ALNPB-PG29 PG29 42.0 4.0 46.3 | GPN 10-0807
Waterial ALNPB-PG36 PG36 52.0 5.0 57.0 | GPN 10-0808
Worksto ALNPB-PG42 PG42 60.0 5.0 65.0 | GPN 10-0809
ALNPB-PG48 PG48 64.0 5.0 70.0 | GPN 10-0810
Brass, pickel plate
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