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Art. No.: CV0041

The Mini DisplayPort to HDMI adapter from Logilink allows the operation of HDMI devices on a
Mini DisplayPort of your notebooks or PCs. The power is supplied via the Mini DisplayPort.
Suitable for the operation of HDMI devices like projectors, TFT, Plasma or LCD TV with a
Macbook® or Macbook Pro®.

Features:

» Input 1: Mini DisplayPort male

» Input 2: USB A male

» Output: HDMI Type A (19-pin) female

» Supports Mini DisplayPort 1.1a Input

» Output max. 1080p

» 225MHz, 2.25 Gbit/s per channel (= max. 6.75 Gbit/s)
» Power supply via Mini DisplayPort

» Cable length: 60 cm
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Specification:
Input Video Signal Mini DisplayPort
Input Audio Signal 2CH LPCM
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Output Video HDMI High Speed

Input: Mini DisplayPort Male 20pin
Input/Output Connector USB 2.0 A type Male

Output: HDMI Female Type A 19pin
Vertical Frequency Range 50/60Hz
Video Amplifier Bandwidth 1.65Gbps/165MHz
Resolutions (HDTV) 480p, 720p, 1080i, 1080p
Operating Temperature 0°C ~ 70°C
Operating Humidity 10% to 85% RH (no condensation)
Storage Temperature -10°C ~ 80°C
Storage Humidity 5% ~ 90% RH (no condensation)
Power Supply Mini DisplayPort
Power Consumption (Max) 2W

Package Contents:
» 1 x Mini DisplayPort + USB Audio to HDMI Adapter

Package Informations:

» Packing Dimension: 162 x 230 x 20mm
» Packing Weight: 0.09kg

» Carton Dimension: 570 x 420 x 260mm
» Carton Q'ty: 90pcs

» Carton Weight: 9.6kg
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