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Alternative anti-kink sleeves

Application range
Anti-kink sleeves for improved protection against kinking in SKINDICHT® cable
glands.

Note
Delivery will be made in the largest possible packing unit (bulk goods), minimum
order quantity is one packing unit

Remark
Photographs are not to scale and do not represent detailed images of the
respective products.

Technical Data
Colour delivered: Black
Material: CR
Temperature range: -20°C to +80°C
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Part number External/internal PG size Max. cable Ø (mm) min. cable Ø (mm) Suitable SKINDICHT® gland Pieces / PU
 
SKINDICHT® SNR
52001970 SNR 7/5 5 3.5 SR 7005 100
52001980 SNR 9/7 7 5.5 SR 9007 100
52001990 SNR 11/7 7 5.5 SR 1107 100
52002000 SNR 11/9 9 7.5 SR 1109 100
52002010 SNR 13/9 9 7.5 SR 1309 100
52002020 SNR 13/11 11 9 SR 1311 100
52002030 SNR 13/13 13 11 SR 1313 100
52002040 SNR 16/13 13 11.5 SR 1613 100
52002050 SNR 16/15 15 13 SR 1615 100
52002060 SNR 21/15 15 13.5 SR 2115 50
52002070 SNR 21/17 17 15 SR 2117 50
52002080 SNR 21/19 19 17 SR 2119 50
52002090 SNR 21/20 20 18 SR 2120 50
52002100 SNR 29/20 20 18 SR 2920 25
52002110 SNR 29/23 23 21 SR 2923 25
52002120 SNR 29/25 25 23 SR 2925 25
52002130 SNR 36/26 26 23 SR 3626 25
52002140 SNR 36/30 30 27 SR 3630 25
52002150 SNR 36/33 33 30 SR 3633 25
52002160 SNR 36/35 35 32 SR 3635 25
52002170 SNR 42/35 35 32 SR 4235 10
52002180 SNR 42/38 38 35 SR 4238 10
52002190 SNR 42/40 40 36 SR 4240 10
52002200 SNR 48/40 40 36 SR 4840 10
52002210 SNR 48/44 44 40 SR 4244 10
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