SWITCH F ROTARY SWITCH

RS5
FCE mounting

ROTARY SWMTCHES UP T 130ma, 130 DCiac

Optional actuator and PCE termins

o 1todpoles, 11012

positions

o Three kinds of lever type

® Shorting or Mon-sho

ring timing

Load Hating: 130mA
Contact Resistance:

Dielectric Strength: 1

Operating Targue: 1k

180 DCIAL
25 mil Max (initial)

Insulation Resistance: DC S00% 100M0 M.

000%AC 1 Minute

Mechanical Life: 20000 cycles Min.
Electrical Life: 15000 cycles Min.

gi-cem (Max)

How to Order

RS5 | — C|— |12 — NS
Cap Stype Combination ' Timing
' 1 | | MO, | Pole |Fesiion| Siop ¥S . Shorting
Al 1 .
me i 1 2 Yes NS | Non-Shorting |
5| 12 1 12 Yes
e 13 1 12 No
l! 21 2 2 Yes
C 5 22 2 B Yas
# 23 2 6. Mo
31 | 3 | 2 | Yes
32 3 4 Yes
a3 a 4 No
41 4 2 Yes
42 4 3 Yes
43 “ 3 Mo
&1 g 2 Yes
63 -] 2 Mo
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