2x5x7mm Rectangular Yellow LED

OS5YPM71A1B
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mAbsolute Maximum Rating (Ta=25 ) mDirectivity
Item Symbol Value Unit
DC Forward Current Ie 50 mA
Pulse Forward Current* Iep 120 mA
Reverse Voltage Vi 5 Vi
Power Dissipation Po 130 mw
Operating Temperature Topr -30 ~ +85
Storage Temperature Tstg -40 ~ +100
Lead Soldering Temperature Tsol 260 /5sec -
*Pulse width Max.10ms Duty ratio max 1/10
mElectrical -Optical Characteristics (Ta=25 ) mMaximum Forward Current
. . . Maximun Permissible Forward Current Tj=115°C
Item Symbol | Condition | Min. | Typ. | Max. | Unit 70
DC Forward Voltage Ve I;=20mA 1.8 21 2.6 \Y z 60
£
£ 50 -
DC Reverse Current Ir Vr=5V - - 10 HA £ " Rih(J-2)=250°CIW -\
: = " | Rh@-a)=3500W -
Domi. Wavelength* Ab 1;=20mA 585 590 595 nm £ 30 [— Rth(3-a)=450°CIW
£ 2
Luminous Intensity* Iv 1F=20mA 1560 | 2000 - mcd =
10
50% Power Angle 20172 1g=20mA - 100 - deg 0
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*1 Tolerance of dominant wavelength is +1nm
*2 Tolerance of luminous intensity is +15%

Ta(Ambient Temperature -°C)
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