StellfiiRe Leveling Feet

> GelenkstellfuiBe, Kugel 10 Swivel Feet, Ball Joint 10
>> Gewindestange Threaded Rod

Gewindestange fiir GelenkstellfiiBe, Kugel 10 Threaded Rod for Swivel Feet, Ball Joint 10
Stahl Steel
Beschreibung Gewindestange fiir GelenkstellfiiRe, Kugel 10 Description Threaded Rod for swiveling levelilng feet,
ball joint 10
Material Stahl, verzinkt Material Zinc plated steel
Kugelgelenk Schwenkbereich +10° Ball joint Swiveling range +10°
Liefereinheit 10 Stiick Pack Quantity 10 pieces
Extras Edelstahl, weitere Langen und GroRen Specials Stainless steel, other lenghts and other sizes
auf Anfrage on request
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Gewindestange M x L SwW Tragkraft [kg] Gewicht [g] Stahl, verzinkt
p Threaded Rod M x L [mm] Max. Load [kg] Weight [g] Zinc Plated Steel N
M5 x 20 10 50 10.0 098MMO05020M
M5 x 40 10 50 13.0 098MMO05040M
M5 x 60 10 50 15.5 098MMO05060M
M6 x 20 10 100 11.0 098MM06020M
M6 x 40 10 100 15.0 098MMO06040M
M6 x 60 10 100 21.0 098MMO06060M
M6 x 80 10 100 25.0 098MM06080M
M8 x 20 13 250 18.0 098MM08020M
M8 x 40 13 250 20.0 098MM08040M
M8 x 60 13 250 33.0 098MMO08060M
M8 x 80 13 250 41.0 098MM08080M
M8 x 100 13 250 49.0 098MM08100M
M10 x 20 13 400 20.5 098MM10020M
M10 x 40 13 400 34.0 098MM10040M
M10 x 60 13 400 46.5 098MM10060M
M10 x 80 13 400 59.0 098MM10080M
M10 x 100 13 400 71.0 098MM10100M J
N
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